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[bookmark: _GoBack]Up to 30% more power
Toothed belts and toothed pulleys for high demands
Toothed belts from norelem consist of a special polyurethane elastomer and high-tensile reinforced steel cording. This material provides 30% more power than conventional T or AT toothed belts with the same dimensions, or the same power with smaller drive dimensions. They are maintenance-free, resistant to harmful environmental influences and extremely durable.
norelem supplies polyurethane toothed belts, which are used for linear technology, conveyor technology and power transmission. The toothed belts consist of a special polyurethane elastomer and high-tensile reinforced steel cording, which are processed using a unique casting method to form continuous (without joints) polyurethane toothed belts with superior properties. The toothed belts provide high power transmission in different industrial applications such as machine tools, industrials robots or packaging machines. The belts are available in the standard length range of 165 mm to 2250 mm.
norelem toothed belts by the metre are produced in standard roll lengths of 100 m and are supplied in every required length. Thanks to their high level of precision, length stability and outstanding abrasion resistance, they are ideal for linear drives.
The range of use of the belts spans from -30 °C to +100 °C. They are chemically resistant to grease, oils and fuels.
When combined with toothed pulleys, toothed belts form a compact drive with a high power density and an outstanding degree of efficiency.
The toothed belts, which are available by the metre, differ in terms of the trapezoidal tooth profiles T (according to DIN 7721 T2), AT for the corresponding toothed belts T5 to T10 (according to DIN 7721 T1) and AT5 to AT10. norelem toothed pulleys are produced using high-quality aluminium, taking into account the lowest possible tolerances. The pulleys are centred or pre-drilled. Reamed holes and keyways can be introduced if necessary. What's more, norelem offers splined shafts so that you can make your own toothed pulleys and clamp plates for fixing the open toothed belt.
The toothed belts and toothed pulleys are available in quantities of 1 upwards.
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Brief company profile norelem Normelemente KG
With its headquarters in Markgröningen near Stuttgart, norelem Normelemente KG is one of the most renowned suppliers of flexible standard parts, systems and components for machine and mechanical engineering, as well as for measuring and testing equipment. Founded in 1958, norelem is now an all-round provider in this sector with around 30,000 standardised machinery parts.
norelem customers include international companies of all sizes and in all areas of mechanical and system engineering. Today, norelem regards itself as an innovative partner and solutions provider that offers engineers, technicians and designers the on-site support they need to convert their ideas and designs into compatible and efficient solutions with the help of norelem products.
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