22253 Sprockets duplex 1 1/4" x 3/4" DIN I1SO 606

Description

Material:
Steel C45.

Version:
Bright, not hardened.

Note:

Sprockets with hub one side for DIN ISO 606 roller chains.

The sprockets have a centre bore or are pre-drilled (this can vary due to production
methods). For this reason, the dimension D3 max. given in the table is the maximum
diameter of the bore that the sprockets are supplied with. This pilot hole/centre bore
can be customised with a reamed hole, reamed hole with keyway or a tapped hole
by the customer. Alternatively, bushes can be fitted by the customer to reduce the
diameter.
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22253-21140340008 20 B-2 11/4X3/4 31,75x 19,56 8 9 | 8296 53 20 | 182|546 | - |35|32
22253-21140340009 20B-2 1 1/4X3/4 31,75x 19,56 9 106,5 92,84 63 20 18,2 | 54,6 - 3,532
22253-21140340010 20 B-2 11/4X3/4 31,75 x 19,56 10 117 102,74 70 20 18,2 | 54,6 - 3,532
22253-21140340011 20B-2 11/4X3/4 31,75x 19,56 11 127 112,68 80 25 18,2 | 54,6 - 3,532
22253-21140340012 20B-2 1 1/4X3/4 31,75 x 19,56 12 137 122,68 90 25 18,2 | 54,6 - 3,532
22253-21140340013 20 B-2 11/4X3/4 31,75 x19,56 13 1475 132,65 100 25 18,2 | 54,6 - 3,532
22253-21140340014 20B-2 1 1/4X3/4 31,75x 19,56 14 157,6 142,68 110 25 18,2 | 54,6 - 3,532
22253-21140340015 20 B-2 11/4X3/4 31,75 x 19,56 15 167,7 152,72 120 25 18,2 | 54,6 - 3,5(32
22253-21140340016 20B-2 11/4X3/4 31,75x 19,56 16 177,7 162,75 120 30 18,2 | 54,6 - 3,532
22253-21140340017 20B-2 1 1/4X3/4 31,75 x 19,56 17 187,7 172,78 120 30 18,2 | 54,6 - 3,532
22253-21140340018 20 B-2 11/4X3/4 31,75 x 19,56 18 197,8 182,85 120 30 18,2 | 54,6 - 3,5(32
22253-21140340019 20 B-2 1 1/4X3/4 31,75x 19,56 19 2079 192,91 120 30 18,2 | 54,6 - 3,532
22253-21140340020 20B-2 11/4X3/4 31,75 x 19,56 20 217,9 202,98 120 30 18,2 | 54,6 - 3,532
22253-21140340021 20 B-2 11/4X3/4 31,75x19,56 21 228 213,04 140 30 18,2 | 54,6 - 3,532
22253-21140340022 20B-2 1 1/4X3/4 31,75x 19,56 22 238,1 223,11 140 30 18,2 | 54,6 - 3,532
22253-21140340023 20 B-2 11/4X3/4 31,75 x 19,56 23 248,2 233,17 140 30 18,2 | 54,6 - 3,5(32
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22253 Sprockets duplex 1 1/4" x 3/4" DIN I1SO 606

22253-21140340024 20 B-2 11/4X3/4 31,75 x 19,56 24 258,3 | 24323 140 30 | 18,2 | 54,6 - 35|32
22253-21140340025 20B-2 11/4X3/4 31,75 x 19,56 25 268,4 | 25333 140 30 | 18,2 | 54,6 - 3,532
22253-21140340026 20 B-2 11/4X3/4 31,75 x 19,56 26 278,4 2634 150 30 | 18,2 | 54,6 - 3,532
22253-21140340027 20 B-2 11/4X3/4 31,75 x 19,56 27 288,5 | 27348 150 30 | 18,2 | 54,6 - 35|32
22253-21140340028 20 B-2 11/4X3/4 31,75 x 19,56 28 298,56 | 28356 150 30 | 18,2 | 54,6 - 3,532
22253-21140340029 20 B-2 11/4X3/4 31,75 x 19,56 29 3086 | 29365 150 30 | 18,2 | 54,6 - 35|32
22253-21140340030 20B-2 11/4X3/4 31,75 x 19,56 30 318,7 | 303,75 150 30 | 18,2 | 54,6 - 3,532
22253-21140340031 20 B-2 11/4X3/4 31,75 x 19,56 31 3288 | 31385 150 30 | 18,2 | 54,6 - 3,532
22253-21140340032 20 B-2 11/4X3/4 31,75 x 19,56 32 3389 | 32391 150 30 | 18,2 | 54,6 - 35|32
22253-21140340034 20 B-2 11/4X3/4 31,75 x 19,56 34 359,1 3441 150 30 | 18,2 | 54,6 - 3,532
22253-21140340035 20 B-2 11/4X3/4 31,75 x 19,56 35 369,2 3542 150 30 | 18,2 | 54,6 - 3,532
22253-21140340036 20B-2 11/4X3/4 31,75 x 19,56 36 379,2 3643 150 30 | 18,2 | 54,6 - 3,532
22253-21140340038 20 B-2 11/4X3/4 31,75 x 19,56 38 3994 | 384,49 150 30 | 18,2 | 54,6 - 3,532
22253-21140340040 20 B-2 11/4X3/4 31,75 x 19,56 40 4196 | 40466 150 30 | 18,2 | 54,6 - 35|32
22253-21140340045 20 B-2 11/4X3/4 31,75 x 19,56 45 4711 | 45517 160 30 | 18,2 | 54,6 - 3,532
22253-21140340046 20 B-2 11/4X3/4 31,75 x 19,56 46 4812 | 46526 160 30 | 18,2 | 54,6 - 35|32
22253-21140340050 20 B-2 11/4X3/4 31,75 x 19,56 50 521,6 | 50565 160 30 | 18,2 | 54,6 - 3,532
22253-21140340057 20 B-2 11/4X3/4 31,75 x 19,56 57 592,3 | 576,36 180 40 | 18,2 | 54,6 - 3,532
22253-21140340076 20 B-2 11/4X3/4 31,75 x 19,56 76 7843 | 768,32 180 40 | 18,2 | 54,6 - 35|32
22253-21140340095 20B-2 11/4X3/4 31,75 x 19,56 95 976,2 | 960,28 200 40 | 18,2 | 54,6 - 3,532

© norelem www.norelem.com




