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27885-113080012 B Ml 16 80 13 8
27885-116100012 B L 20 100 16 10
27885-116120012 B Wl 20 120 16 10
27885-118135012 B M 22,5 135 18 12
27885-120150012 B P 25,5 150 20 13
27885-120180012 B Ml 25 180 20 14
27885-123200012 B G 29 200 23 16
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