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10300-06303011 | 6 30x30 30 30 3
10300-06306011 I 6 30x60 30 60 3
10300-06606011 | 6 60x60 60 60 3
10300-08164011 | 8 16x40 16 40 4
10300-08404011 | 8 40x40 40 40 4
10300-08408011 | 8 40x80 40 80 4
10300-08808011 I 8 80x80 80 80 4
10300-08303021 B 8 30x30 30 30 4
10300-08306021 B 8 30x60 30 60 4
10300-10404021 B 10 40x40 40 40 4
10300-10408021 B 10 40x80 40 80 4
10300-10454521 B 10 45x45 45 45 4
10300-10456021 B 10 45x60 45 60 4
10300-10459021 B 10 45x90 45 90 4
10300-10909021 B 10 90x90 90 90 4
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