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06400-1082X15 15° | M8 |15 100 15 | 135 | 33 | 25 | 10 19| 2 12 [ 23|29 20
06400-1082X20 15° | M8 |20 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29 | 20
06400-1082X25 15° | M8 |25 100 15 | 135 |33 | 25| 10 19| 2 12 | 23|29 20
06400-1082X30 15° | M8 | 30 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29| 20
06400-1082X40 15° | M8 | 40 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29| 20
06400-1082X50 15° | M8 |50 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23| 29| 20
06400-1082X60 15° | M8 |60 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29 | 20
06400-1102X15 15° | M10 | 15 100 15 | 135 | 33 | 25 | 10 19| 2 12 |23 29| 20
06400-1102X20 15° | M10 | 20 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29| 20
06400-1102X25 15° | M10 | 25 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29| 20
06400-1102X30 15° | M10 | 30 100 15 | 135 |33 | 25| 10 19| 2 12 | 23|29 20
06400-1102X40 15° | M10 | 40 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29 | 20
06400-1102X50 15° | M10 | 50 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23 | 29| 20
06400-1102X60 15° | M10 | 60 100 15 | 135 | 33 | 25 | 10 19| 2 12 | 23| 29| 20
06400-2102X20 15° | M10 | 20 127 15 | 19 | 41 | 30 | 12 22| 2 | 135 | 26 | 38 | 24
06400-2102X25 15° | M10 |25 127 15| 19 |41 |30|12 22| 2 | 135 | 26 | 38 | 24
06400-2102X30 15° | M10 | 30 127 15 | 19 | 41 | 30 | 12 22| 2 | 13,5 | 26 | 38 | 24
06400-2102X40 15° | M10 | 40 127 15 | 19 | 41 | 30 | 12 22| 2 | 135 | 26 | 38 | 24
06400-2102X50 15° | M10 | 50 127 15 | 19 | 41 | 30 | 12 22| 2 | 13,5 | 26 | 38 | 24
06400-2102X60 15° | M10 | 60 127 15 | 19 | 41 | 30 | 12 22| 2 | 13,56 | 26 | 38 | 24
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06400_15 BIREF SR , 15 E

06400-2122X20 15° M12 | 20 127 15 19 41 |30 | 12 22| 2 135 | 26 | 38 | 24
06400-2122X25 15° M12 | 25 127 15 19 41130 |12 22| 2 1356 | 26 | 38 | 24
06400-2122X30 15° M12 | 30 127 15 19 41 |30 | 12 22| 2 135 | 26 | 38 | 24
06400-2122X40 15° M12 | 40 127 15 19 41130 |12 22| 2 135 | 26 | 38 | 24
06400-2122X50 15° M12 | 50 127 15 19 41 130 |12 22| 2 135 | 26 | 38 | 24
06400-2122X60 15° M12 | 60 127 15 19 41 |30 | 12 22| 2 135 | 26 | 38 | 24
06400-3122X20 15° M12 | 20 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3122X25 15° M12 | 25 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3122X30 15° M12 | 30 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3122X40 15° M12 | 40 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3122X50 15° M12 | 50 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3122X60 15° M12 | 60 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X20 15° M16 | 20 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X25 15° M16 | 25 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X30 15° M16 | 30 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X40 15° M16 | 40 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X50 15° M16 | 50 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
06400-3162X60 15° M16 | 60 145 15 23 45 | 37 | 14 28| 2 17 33 | 48 | 26
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