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06610-71105X10 2= RAL 7021 1] M5 ] 10 | 13 145 |255| 4 | 15 30 | 335| 40 47 | 7,5 | 16 [10
06610-71105X15 = RAL 7021 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335| 40 47 | 7,5 | 16 |15
06610-71105X20 2 RAL 7021 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |20
06610-71105X25 =& RAL 7021 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |25
06610-71105X30 2 RAL 7021 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |30
06610-71105X35 26 RAL 7021 1 M5 10 13 145|255 | 4 15 30 | 33,5 40 47 75 | 16 |35
06610-71105X40 = RAL 7021 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |40
06610-71105X45 2 RAL 7021 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |45
06610-71105X50 = RAL 7021 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |50
06610-72105X10 & RAL 2004 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |10
06610-72105X15 & RAL 2004 1 M5 10 13 145|255 | 4 15 30 | 335 40 47 75 | 16 |15
06610-72105X20 & RAL 2004 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |20
06610-72105X25 & RAL 2004 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |25
06610-72105X30 & RAL 2004 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |30
06610-72105X35 & & RAL 2004 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |35
06610-72105X40 & RAL 2004 1 M5 10 13 145 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |40
06610-72105X45 & RAL 2004 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |45
06610-72105X50 & RAL 2004 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |50
06610-73105X10 4T RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 [10
06610-73105X15 418 RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335| 40 47 | 75 | 16 |15
06610-73105X20 418 RAL 3020 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |20
06610-73105X25 418 RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |25
06610-73105X30 418 RAL 3020 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |30
06610-73105X35 T RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |35
06610-73105X40 415 RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |40
06610-73105X45 41 RAL 3020 1 M5 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |45
06610-73105X50 418 RAL 3020 1] M5 | 10 | 13 145 |255| 4 | 15 30 | 335 | 40 47 | 7,5 | 16 |50
06610-71106X10 2 RAL 7021 1 M6 10 13 14,5 | 255 | 4 15 30 | 33,5 | 40 47 75 | 16 |10
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06610-71106X15 26 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 |16 |15
06610-71106X20 2 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 |16 |20
06610-71106X25 E& RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |25
06610-71106X30 2 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |30
06610-71106X35 26 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |35
06610-71106X40 26 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 40 47 75 | 16 |40
06610-71106X45 2 RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |45
06610-71106X50 E& RAL 7021 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |50
06610-72106X10 & & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |10
06610-72106X15 & & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 |16 |15
06610-72106X20 & RAL 2004 1 M6 10 13 145|255 4 15 30 [ 335 40 47 75 |16 |20
06610-72106X25 & & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 75 |16 |25
06610-72106X30 & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |30
06610-72106X35 & & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |35
06610-72106X40 & & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 7,5 | 16 |40
06610-72106X45 2 RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |45
06610-72106X50 & RAL 2004 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |50
06610-73106X10 6 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 |16 |10
06610-73106X15 16 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 75 |16 |15
06610-73106X20 6 RAL 3020 1 M6 10 13 145 | 255 | 4 15 30 | 335 | 40 47 75 |16 |20
06610-73106X25 416 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |25
06610-73106X30 6 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 33,5 | 40 47 7,5 | 16 |30
06610-73106X35 6 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |35
06610-73106X40 I6 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 33,56 | 40 47 7,5 | 16 |40
06610-73106X45 6 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 7,5 | 16 |45
06610-73106X50 416 RAL 3020 1 M6 10 13 145|255 | 4 15 30 | 335 | 40 47 75 | 16 |50
06610-71206X15 2 RAL 7021 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |15
06610-71206X20 26 RAL 7021 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |20
06610-71206X25 26 RAL 7021 2 | M6 | 135 | 18 195|295 (65| 175 415|455 | 65 75 95 |20 |25
06610-71206X30 2 RAL 7021 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |30
06610-71206X35 E & RAL 7021 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |35
06610-71206X40 26 RAL 7021 2| M6 | 135 | 18 195|295 6,5|175 415|455 | 65 75 9,5 | 20 |40
06610-71206X45 26 RAL 7021 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |45
06610-71206X50 26 RAL 7021 2 | M6 | 135 | 18 195|295 (65| 175 415|455 | 65 75 9,5 | 20 |50
06610-71206X55 2 RAL 7021 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |55
06610-71206X60 E & RAL 7021 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |60
06610-72206X15 & & RAL 2004 2| M6 | 135 | 18 195|295 |6,5|175 415|455 | 65 75 95 | 20 |15
06610-72206X20 & & RAL 2004 2| M6 | 135 | 18 195|295 165|175 415|455 | 65 75 95 | 20 |20
06610-72206X25 2 RAL 2004 2| M6 | 135 | 18 195|295 165|175 415|455 |65 75 95 | 20 |25
06610-72206X30 & RAL 2004 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |30
06610-72206X35 & & RAL 2004 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20|35
06610-72206X40 & & RAL 2004 2| M6 | 135 | 18 196|295 |6,5|175 415|455 | 65 75 9,5 | 20 |40
06610-72206X45 & & RAL 2004 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |45
06610-72206X50 & RAL 2004 2| M6 | 135 | 18 195|295 65| 175 415|455 |65 75 9,5 | 20 |50
06610-72206X55 & & RAL 2004 2| M6 | 135 | 18 195|295 6,5|175 415|455 | 65 75 9,56 | 20 |55
06610-72206X60 & & RAL 2004 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |60
06610-73206X15 I RAL 3020 2| M6 | 135 | 18 196|295 6,5|175 415|455 | 65 75 95 | 20 |15
06610-73206X20 6 RAL 3020 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 95 | 20 |20
06610-73206X25 416 RAL 3020 2| M6 | 135 | 18 195|295 165|175 415|455 |65 75 9,5 | 20 |25
06610-73206X30 46 RAL 3020 2| M6 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |30
06610-73206X35 6 RAL 3020 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |35
06610-73206X40 I8 RAL 3020 2 | M6 | 135 | 18 195|295 (65| 175 415|455 | 65 75 9,5 | 20 |40
06610-73206X45 46 RAL 3020 2| M6 | 135 | 18 195|295 165|175 415|455 | 65 75 9,5 | 20 |45
06610-73206X50 416 RAL 3020 2| M6 | 135 | 18 195|295 165|175 415|455 |65 75 9,5 | 20 |50
06610-73206X55 4I6 RAL 3020 2| M6 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |55
06610-73206X60 6 RAL 3020 2| M6 | 135 | 18 195|295 165|175 415|455 | 65 75 9,5 | 20 |60
06610-71208X15 26 RAL 7021 2 | M8 | 135 | 18 195|295 (65| 175 415|455 | 65 75 95 |20 |15
06610-71208X20 26 RAL 7021 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 95 | 20 |20
06610-71208X25 E & RAL 7021 2| M8 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |25
06610-71208X30 26 RAL 7021 2| M8 | 135 | 18 1956|295 6,5|175 415|455 | 65 75 9,5 | 20 |30
06610-71208X35 26 RAL 7021 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 956 | 20 |35
06610-71208X40 £ RAL 7021 2| M8 | 135 | 18 195|295 165|175 415|455 |65 75 9,5 | 20 |40
06610-71208X45 2 RAL 7021 2| M8 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |45
06610-71208X50 26 RAL 7021 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 9,5 | 20 |50
06610-71208X55 26 RAL 7021 2 | M8 | 135 | 18 1956|295 6,5|175 415|455 | 65 75 95 | 20 |55

© norelem www.norelem.com




06610 FAMRAMZHAN BRI FR , WHBRIBRAFLELLE

06610-71208X60 26 RAL 7021 2 | M8 | 135 | 18 195|295 (65| 175 415|455 | 65 75 9,5 | 20 |60
06610-72208X15 & & RAL 2004 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 95 | 20 |15
06610-72208X20 & RAL 2004 2| M8 | 135 | 18 195|295 165|175 415|455 |65 75 95 | 20 |20
06610-72208X25 & & RAL 2004 2| M8 | 135 | 18 1956|295 6,5|175 415|455 |65 75 95 | 20 |25
06610-72208X30 & & RAL 2004 2| M8 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |30
06610-72208X35 & RAL 2004 2 | M8 | 135 | 18 195|295 (65| 175 415|455 | 65 75 95 | 20|35
06610-72208X40 & & RAL 2004 2| M8 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |40
06610-72208X45 & RAL 2004 2| M8 | 135 | 18 195|295 65| 175 415|455 |65 75 9,5 | 20 |45
06610-72208X50 & & RAL 2004 2| M8 | 135 | 18 195|295 6,5|175 415|455 | 65 75 9,5 | 20 |50
06610-72208X55 & & RAL 2004 2| M8 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,56 | 20 |55
06610-72208X60 & RAL 2004 2 | M8 | 135 | 18 195|295 (65| 175 415|455 | 65 75 9,5 | 20 |60
06610-73208X15 46 RAL 3020 2| M8 | 135 | 18 195|295 655|175 415|455 | 65 75 95 | 20 |15
06610-73208X20 416 RAL 3020 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 95 | 20 |20
06610-73208X25 4I6 RAL 3020 2| M8 | 135 | 18 1956|295 |6,5|175 415|455 | 65 75 956 | 20 |25
06610-73208X30 6 RAL 3020 2| M8 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |30
06610-73208X35 416 RAL 3020 2| M8 | 135 | 18 195|295 165|175 415|455 | 65 75 9,5 | 20 |35
06610-73208X40 46 RAL 3020 2| M8 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |40
06610-73208X45 6 RAL 3020 2| M8 | 135 | 18 195|295 165|175 415|455 |65 75 9,5 | 20 |45
06610-73208X50 16 RAL 3020 2| M8 | 135 | 18 1956|295 6,5|175 415|455 | 65 75 9,5 | 20 |50
06610-73208X55 6 RAL 3020 2| M8 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |55
06610-73208X60 416 RAL 3020 2| M8 | 135 | 18 195|295 65| 175 415|455 |65 75 9,5 | 20 |60
06610-71210X15 2 RAL 7021 2 |M10 | 135 | 18 1956|295 65| 175 415|455 | 65 75 95 | 20 |15
06610-71210X20 26 RAL 7021 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 95 | 20 |20
06610-71210X25 26 RAL 7021 2 |M10 | 1355 | 18 196|295 |6,5|175 415|455 | 65 75 95 | 20 |25
06610-71210X30 2 RAL 7021 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |30
06610-71210X35 E& RAL 7021 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20|35
06610-71210X40 2 RAL 7021 2 | M10 | 135 | 18 196|295 65| 175 415|455 | 65 75 9,5 | 20 |40
06610-71210X45 26 RAL 7021 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |45
06610-71210X50 26 RAL 7021 2 |M10 | 135 | 18 195|295 (65| 175 415|455 | 65 75 9,5 | 20 |50
06610-71210X55 2 RAL 7021 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,56 | 20 |55
06610-71210X60 E & RAL 7021 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |60
06610-72210X15 & & RAL 2004 2 | M10 | 135 | 18 1956|295 65| 175 415|455 | 65 75 95 | 20 |15
06610-72210X20 & & RAL 2004 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 95 | 20 |20
06610-72210X25 & & RAL 2004 2 |M10 | 135 | 18 195|295 (65| 175 415|455 | 65 75 95 |20 |25
06610-72210X30 & & RAL 2004 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |30
06610-72210X35 & RAL 2004 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 95 | 20|35
06610-72210X40 & & RAL 2004 2 | M10 | 135 | 18 196|295 |6,5|175 415|455 | 65 75 9,5 | 20 |40
06610-72210X45 & & RAL 2004 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,56 | 20 |45
06610-72210X50 2 RAL 2004 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |50
06610-72210X55 & RAL 2004 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |55
06610-72210X60 & & RAL 2004 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |60
06610-73210X15 I RAL 3020 2 | M10 | 135 | 18 196|295 |6,5| 175 415|455 | 65 75 95 | 20 |15
06610-73210X20 46 RAL 3020 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |20
06610-73210X25 416 RAL 3020 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 95 | 20 |25
06610-73210X30 6 RAL 3020 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |30
06610-73210X35 6 RAL 3020 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |35
06610-73210X40 I RAL 3020 2 | M10 | 1355 | 18 196|295 |6,5|175 415|455 | 65 75 9,5 | 20 |40
06610-73210X45 6 RAL 3020 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |45
06610-73210X50 416 RAL 3020 2 |M10 | 135 | 18 195|295 65| 175 415|455 | 65 75 9,5 | 20 |50
06610-73210X55 46 RAL 3020 2 | M10 | 135 | 18 1956|295 65| 175 415|455 | 65 75 95 | 20 |55
06610-73210X60 6 RAL 3020 2 |M10 | 135 | 18 195|295 655|175 415|455 | 65 75 9,5 | 20 |60
06610-71308X15 26 RAL 7021 3 | M8 16 | 215 23 | 385 |10| 24 535 | 58 |80 915 | 11 |22 |15
06610-71308X20 2 RAL 7021 3 | M8 16 |215 23 | 385|10| 24 535 58 |80 915| 11 |22 /|20
06610-71308X25 E & RAL 7021 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 |25
06610-71308X30 2 RAL 7021 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 |30
06610-71308X35 26 RAL 7021 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 35
06610-71308X40 26 RAL 7021 3 | M8 16 | 215 23 | 385 |10| 24 535 | 58 | 80 915 | 11 |22 |40
06610-71308X45 26 RAL 7021 3 | M8 16 |215 23 |385|10| 24 535 58 |80 915 | 11 |22 |45
06610-71308X50 E & RAL 7021 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915| 11 |22 |50
06610-71308X55 26 RAL 7021 3 | M8 16 | 215 23 | 385 |10| 24 535 58 |80 915| 11 |22 |55
06610-71308X60 26 RAL 7021 3 | M8 16 | 215 23 [ 385|10| 24 535 58 |80 915 11 |22 |60
06610-72308X15 2 RAL 2004 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915| 11 |22 |15
06610-72308X20 & RAL 2004 3 | M8 16 |215 23 |385|10| 24 535 58 |80 915| 11 |22 /|20
06610-72308X25 & & RAL 2004 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 | 11 |22 |25
06610-72308X30 & & RAL 2004 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 /|30
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06610-72308X35 & & RAL 2004 3 | M8 16 | 215 23 | 385 |10| 24 535 | 58 |80 915 | 11 |22 |35
06610-72308X40 & & RAL 2004 3 | M8 16 | 215 23 |385|10| 24 535 58 |80 915| 11 |22 |40
06610-72308X45 & RAL 2004 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915| 11 |22 |45
06610-72308X50 & & RAL 2004 3 | M8 16 |215 23 | 385 |10| 24 535 58 |80 915| 11 |22 |50
06610-72308X55 & & RAL 2004 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915| 11 |22 |55
06610-72308X60 & RAL 2004 3 | M8 16 | 215 23 | 385 |10| 24 535 | 58 |80 915 | 11 |22 |60
06610-73308X15 a6 RAL 3020 3 | M8 16 |215 23 |385|10| 24 535 58 |80 915| 11 |22 |15
06610-73308X20 416 RAL 3020 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 |20
06610-73308X25 4I6 RAL 3020 3 | M8 16 | 215 23 | 385 |10| 24 535 58 |80 915| 11 |22 |25
06610-73308X30 6 RAL 3020 3 | M8 16 | 215 23 [ 385|10| 24 535 58 |80 915 11 |22 30
06610-73308X35 416 RAL 3020 3 | M8 16 | 215 23 | 385 |10| 24 535 | 58 |80 915 | 11 |22 |35
06610-73308X40 46 RAL 3020 3 | M8 16 |215 23 |385|10| 24 535 58 |80 915| 11 |22 |40
06610-73308X45 416 RAL 3020 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 | 11 |22 |45
06610-73308X50 4I6 RAL 3020 3 | M8 16 | 215 23 | 385 |10| 24 535 58 |80 915| 11 |22 |50
06610-73308X55 6 RAL 3020 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915 11 |22 |55
06610-73308X60 416 RAL 3020 3 | M8 16 | 215 23 | 385|10| 24 535 58 |80 915| 11 |22 |60
06610-71310X15 2 RAL 7021 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |15
06610-71310X20 26 RAL 7021 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |20
06610-71310X25 26 RAL 7021 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |25
06610-71310X30 26 RAL 7021 3 |M10| 16 | 216 23 |385 10| 24 535 | 58 | 80 915 | 11 |22 |30
06610-71310X35 E& RAL 7021 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |35
06610-71310X40 2 RAL 7021 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |40
06610-71310X45 26 RAL 7021 3 |M10O| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |45
06610-71310X50 26 RAL 7021 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 91,5 | 11 | 22|50
06610-71310X55 2 RAL 7021 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |55
06610-71310X60 E& RAL 7021 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |60
06610-72310X15 & & RAL 2004 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |15
06610-72310X20 & & RAL 2004 3 |M10O| 16 | 2156 23 |385|10| 24 535 | 58 | 80 915 | 11 |22 |20
06610-72310X25 & & RAL 2004 3 |M10| 16 | 215 23 | 385 |10 | 24 535| 58 |80 915 | 11 | 22|25
06610-72310X30 & & RAL 2004 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |30
06610-72310X35 & RAL 2004 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |35
06610-72310X40 & & RAL 2004 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 91,5 | 11 | 22 |40
06610-72310X45 & & RAL 2004 3 |M10O| 16 | 2156 23 |385|10| 24 535 | 58 | 80 915 | 11 | 22 |45
06610-72310X50 & & RAL 2004 3 |M10| 16 | 215 23 | 385 |10 | 24 535| 58 | 80 915 | 11 | 22|50
06610-72310X55 & & RAL 2004 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |55
06610-72310X60 & RAL 2004 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |60
06610-73310X15 4I6 RAL 3020 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 |80 915 | 11 |22 |15
06610-73310X20 6 RAL 3020 3 |M10O| 16 | 216 23 |385 10| 24 535 | 58 | 80 915 | 11 |22 |20
06610-73310X25 416 RAL 3020 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |25
06610-73310X30 6 RAL 3020 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 |80 915 | 11 |22 |30
06610-73310X35 6 RAL 3020 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 |22 |35
06610-73310X40 I RAL 3020 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 91,5 | 11 | 22 |40
06610-73310X45 46 RAL 3020 3 |M10| 16 | 216 23 |385 10| 24 535 | 58 | 80 915 | 11 | 22 |45
06610-73310X50 416 RAL 3020 3 |M10| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |50
06610-73310X55 6 RAL 3020 3 |M10| 16 | 216 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |55
06610-73310X60 6 RAL 3020 3 |M10O| 16 | 2156 23 | 385 10| 24 535 | 58 | 80 915 | 11 | 22 |60
06610-71410X20 26 RAL 7021 4 |M10 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-71410X25 2 RAL 7021 4 |M10| 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |25
06610-71410X30 E & RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |30
06610-71410X35 2 RAL 7021 4 |M10 | 19 | 25556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |35
06610-71410X40 26 RAL 7021 4 | M10 | 19 | 2555 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-71410X45 26 RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-71410X50 2 RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
06610-71410X55 E & RAL 7021 4 |M10 | 19 | 255 275|446 |10 | 26 61 66 | 95 109 | 13 | 24 |55
06610-71410X60 2 RAL 7021 4 |M10 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-71410X70 26 RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-71410X80 26 RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |80
06610-71410X90 26 RAL 7021 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |90
06610-72410X20 & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-72410X25 & & RAL 2004 4 |M10 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |25
06610-72410X30 & & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |30
06610-72410X35 2 RAL 2004 4 |M10 | 19 | 255 275|446 |10 | 26 61 66 | 95 109 | 13 | 24 |35
06610-72410X40 & RAL 2004 4 |M10 | 19 | 2555 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-72410X45 & & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-72410X50 & & RAL 2004 4 |M10 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
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06610-72410X55 & & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |55
06610-72410X60 & & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-72410X70 & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-72410X80 & & RAL 2004 4 |M10 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |80
06610-72410X90 & & RAL 2004 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |90
06610-73410X20 4T RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-73410X25 a6 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |25
06610-73410X30 416 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |30
06610-73410X35 4I6 RAL 3020 4 |M10 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |35
06610-73410X40 6 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-73410X45 416 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-73410X50 46 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
06610-73410X55 416 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |55
06610-73410X60 4I6 RAL 3020 4 |M10 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-73410X70 6 RAL 3020 4 |M10 | 19 | 2555 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-73410X80 416 RAL 3020 4 |M10 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |80
06610-73410X90 46 RAL 3020 4 |M10 | 19 | 2555 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |90
06610-71412X20 26 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-71412X25 26 RAL 7021 4 |M12 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |25
06610-71412X30 26 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |30
06610-71412X35 E& RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |35
06610-71412X40 2 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-71412X45 26 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-71412X50 26 RAL 7021 4 |M12 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
06610-71412X55 2 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |55
06610-71412X60 E& RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-71412X70 2 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-71412X80 26 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |80
06610-71412X90 26 RAL 7021 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |90
06610-72412X20 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-72412X25 & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |25
06610-72412X30 & & RAL 2004 4 |M12 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |30
06610-72412X35 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |35
06610-72412X40 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-72412X45 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-72412X50 & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
06610-72412X55 & & RAL 2004 4 |M12 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |55
06610-72412X60 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-72412X70 2 RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-72412X80 & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |80
06610-72412X90 & & RAL 2004 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |90
06610-73412X20 I RAL 3020 4 |M12 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |20
06610-73412X25 46 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |25
06610-73412X30 416 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |30
06610-73412X35 6 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |35
06610-73412X40 6 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |40
06610-73412X45 I RAL 3020 4 |M12 | 19 | 256 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |45
06610-73412X50 6 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |50
06610-73412X55 416 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |55
06610-73412X60 46 RAL 3020 4 |M12 | 19 | 2556 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |60
06610-73412X70 6 RAL 3020 4 | M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |70
06610-73412X80 I8 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 |24 |80
06610-73412X90 46 RAL 3020 4 |M12 | 19 | 255 275|446 | 10| 26 61 66 | 95 109 | 13 | 24 |90
06610-71512X25 E & RAL 7021 5| M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |25
06610-71512X30 2 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |30
06610-71512X35 26 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |35
06610-71512X40 26 RAL 7021 5 | M12| 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |40
06610-71512X45 26 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |45
06610-71512X50 E & RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-71512X55 26 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |55
06610-71512X60 26 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |60
06610-71512X70 £ RAL 7021 5| M12 | 23 30 325|506 12| 33 72 77 1110 126 | 155 | 26 |70
06610-71512X80 2 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |80
06610-71512X90 26 RAL 7021 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |90
06610-72512X25 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |25
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06610-72512X30 & & RAL 2004 5 | M12| 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |30
06610-72512X35 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |35
06610-72512X40 & RAL 2004 5| M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |40
06610-72512X45 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |45
06610-72512X50 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-72512X55 & RAL 2004 5 | M12| 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |55
06610-72512X60 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |60
06610-72512X70 & RAL 2004 5| M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |70
06610-72512X80 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |80
06610-72512X90 & & RAL 2004 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |90
06610-73512X25 416 RAL 3020 5 | M12| 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |25
06610-73512X30 46 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |30
06610-73512X35 6 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |35
06610-73512X40 4I6 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |40
06610-73512X45 6 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |45
06610-73512X50 416 RAL 3020 5| M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-73512X55 46 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |55
06610-73512X60 6 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |60
06610-73512X70 16 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 |110 126 | 15,5 | 26 |70
06610-73512X80 6 RAL 3020 5 | M12 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |80
06610-73512X90 416 RAL 3020 5| M12 | 23 30 325|506 12| 33 72 77 1110 126 | 15,5 | 26 |90
06610-71516X25 2 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |25
06610-71516X30 26 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |30
06610-71516X35 26 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 |110 126 | 15,5 | 26 |35
06610-71516X40 2 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |40
06610-71516X45 E& RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |45
06610-71516X50 2 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-71516X55 26 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |55
06610-71516X60 26 RAL 7021 5 | M16 | 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |60
06610-71516X70 2 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |70
06610-71516X80 E & RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |80
06610-71516X90 26 RAL 7021 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |90
06610-72516X25 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |25
06610-72516X30 & & RAL 2004 5 | M16 | 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |30
06610-72516X35 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 |110 126 | 155 | 26 |35
06610-72516X40 & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |40
06610-72516X45 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |45
06610-72516X50 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-72516X55 2 RAL 2004 5| M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |55
06610-72516X60 & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |60
06610-72516X70 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |70
06610-72516X80 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 |110 126 | 15,5 | 26 |80
06610-72516X90 & & RAL 2004 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |90
06610-73516X25 416 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |25
06610-73516X30 6 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |30
06610-73516X35 6 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |35
06610-73516X40 I RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |40
06610-73516X45 6 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 155 | 26 |45
06610-73516X50 416 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |50
06610-73516X55 46 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |55
06610-73516X60 6 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |60
06610-73516X70 I8 RAL 3020 5 | M16 | 23 30 325|506 |12 | 33 72 77 | 110 126 | 15,5 | 26 |70
06610-73516X80 46 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 | 110 126 | 15,5 | 26 |80
06610-73516X90 416 RAL 3020 5 | M16 | 23 30 325|506 12| 33 72 77 1110 126 | 155 | 26 |90
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