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06181-22505 K M M5 25 12 16 8 9,5
06181-23206 K TN M6 32 14 20 10 12
06181-24008 K TEM M8 40 18 25 13 14
06181-25010 K THEN M10 50 22 32 20 18
06181-26312 K M M12 63 26 40 25 22
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