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96390-09X C =im 160/320/500/1000 9 1
96390-12X C EiH 160/320/500/1000 12 1,2
96390-14X C #iE 160/320/500/1000 14 1,6
96390-16X C L 160/320/500/1000 16 1,6
96390-20X C L 160/320/500/1000 20 2
96390-24X C =iE 160/320/500/1000 24 2
96390-30X (¢} =g 160/320/500/1000 30 2,6
96390-36X C iR 160/320/500/1000 36 2,6
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