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01440-01X150 RO 150 32 50 12
01440-01X300 RO 300 32 50 12
01440-02X150 RO 150 40 63 12
01440-02X300 OB 300 40 63 12
01440-03X200 ROk 200 63 80 16
01440-03X300 RO 300 63 80 16
01440-03X600 RO%B% 600 63 80 16
01440-03X800 OB 800 63 80 16
01440-04X200 OB 200 80 100 20
01440-04X300 ROk 300 80 100 20
01440-04X600 RO 600 80 100 20
01440-04X1000 RO%B% 1000 80 100 20
01440-05X200 OB 200 100 125 20
01440-05X300 OB 300 100 125 20
01440-05X600 RO 600 100 125 20
01440-05X1000 RO 1000 100 125 20
01440-06X200 OB 200 125 160 25
01440-06X300 OB 300 125 160 25
01440-06X600 RO 600 125 160 25
01440-07X200 RO 200 160 200 32
01440-07X300 RO 300 160 200 32
01440-07X600 OB 600 160 200 32
01440-08X300 OB 300 200 250 36
01440-08X600 RO 600 200 250 36
01440-09X300 RO 300 250 315 36
01440-09X600 RO 600 250 315 36
01440-201X150 Rl 150 32 50 12
01440-201X300 a5 300 32 50 12
01440-202X150 a%l 150 40 63 12
01440-202X300 Rl 300 40 63 12
01440-203X200 8% 200 63 80 16
01440-203X300 Rl 300 63 80 16
01440-203X600 Bl 600 63 80 16
01440-203X800 aH 800 63 80 16
01440-204X200 Rl 200 80 100 20
01440-204X300 8% 300 80 100 20
01440-204X600 Rl 600 80 100 20
01440-204X1000 8% 1000 80 100 20
01440-205X200 8% 200 100 125 20
01440-205X300 Rl 300 100 125 20
01440-205X600 a5 600 100 125 20
01440-206X200 aHl 200 125 160 25
01440-205X1000 a5 1000 100 125 20
01440-206X300 8% 300 125 160 25
01440-206X600 Rl 600 125 160 25
01440-207X200 8% 200 160 200 32
01440-207X300 =L 300 160 200 32
01440-207X600 a5l 600 160 200 32
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