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03158-0201503 | B |4,514,5 185 M6 [12| 2 | M3 |17,3|14,5 9.8 | 8,6 |1,4|55|14,11225 4 55| 3 3,5 2
03158-0201904 | B |5,5/18,5| 22,5 M8 |15|2,5| M4 |20,9|16,5 11,6 |10,4(2,37,5/18,2[14 3,5 4| 7 3 4 5
03158-0202305 | B | 7 |22,5| 26,5 M10|20| 3 | M5 |25,4|19,8 14,2| 13 [2,3| 6 |17,4|1535 4| 8 3 45 10
03158-0202705 | B | 7 |26,5| 30,5 M10|20| 3 | M5 |25,4(19,8 14,2| 13 [2,3| 6 |17,4|1535 4| 8 3 45 10
03158-0203106 | B | 9 [30,5| 38,5 M12|25| 4 | M6 |30,3|23,1 14,2|11,9|46| 7 |21,9]20 35 8| 10| 6 45 17
03158-0203906 | B |11 38,5 46,5 M12(30| 4 | M6 |34,2|27,2 17,8 15,5|4,6|7,522,5(20 45 8 | 10| 6 6,5 17
03158-0204706 | B |11 |46,5| 545 M12(30| 4 | M6 |34,2|27,2 18 |15,7|4,6|7,5/22,5(20 6,5 8| 10| 6 6,5 17
03158-0205508 | B |15 |54,5| 70,5 M14 45| 5 | M8 |49,9|40,6 23,7|19,1|9,3| 9 |24,532 6,5 16/ 13 | 6 8 43
03158-0207108 | B |17 |70,5| 86,5 M16|60| 5 | M8 |55,4|46,1 28,3|23,7|9,3/10|29,4(20 6,5 16/ 13 | 6 10 43
03158-0208708 | B |25 86,5/ 102,5 M16|60| 5 |M10/61,6| 51 30,2|25,7|9,3/10|29,4 |25 6,5 16/ 16 | 6 12,5 79
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