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06194-232062 B 3 6 32 12 21 10
06194-240082 B e 8 40 14 26 13
06194-250102 B K 10 50 18 34 17
06194-263122 B 3 12 63 20 42 21
06194-232063 B BEA 6 32 12 21 10
06194-240083 B BEH 8 40 14 26 13
06194-250103 B B H 10 50 18 34 17
06194-263123 B B 12 63 20 42 21
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