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06208-22004 K M4 20 10 13 7 - 8
06208-22505 K M5 25 12 16 ) - 10,5
06208-23206 K M6 32 14 20 10 - 16
06208-24008 K B 40 18 25 12 - 18
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06208 £ A4l <10 DIN 6336

06208-25010 K M10 50 21 32 16 - 25

06208-26312 K M12 63 26 40 19 - 27

06208-28016 K M16 80 36 48 25 - 33
06208-42505X15 L M5 25 12 16 8 15 -
06208-42505X20 L M5 25 12 16 8 20 -
06208-42505X25 L M5 25 12 16 8 25 -
06208-43206X15 L M6 32 14 20 10 15 -
06208-43206X20 L M6 32 14 20 10 20 -
06208-43206X25 L M6 32 14 20 10 25 -
06208-43206X30 L M6 32 14 20 10 30 -
06208-44008X20 L M8 40 18 25 12 20 -
06208-44008X25 L M8 40 18 25 12 25 -
06208-44008X30 L M8 40 18 25 12 30 -
06208-44008X35 L M8 40 18 25 12 35 -
06208-44008X40 L M8 40 18 25 12 40 -
06208-45010X25 L M10 50 22 32 16 25 -
06208-45010X30 L M10 50 22 32 16 30 -
06208-45010X35 L M10 50 22 32 16 35 -
06208-45010X40 L M10 50 22 32 16 40 -
06208-45010X50 L M10 50 22 32 16 50 -
06208-46312X30 L M12 63 26 40 19 30 -
06208-46312X35 L M12 63 26 40 19 35 -
06208-46312X40 L M12 63 26 40 19 40 -
06208-46312X50 L M12 63 26 40 19 50 -
06208-46312X60 L M12 63 26 40 19 60 -
06208-48016X30 L M16 80 35 50 25 30 -
06208-48016X40 L M16 80 35 50 25 40 -
06208-48016X50 L M16 80 35 50 25 50 -
06208-48016X60 L M16 80 35 50 25 60 -
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