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06600-1041 2= RAL 7021 R M4 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-1042 & RAL2004 BRI 1 M4 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10416 #HE RAL 1021 EZE T M4 9] 10 13 | 145 | 245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10484 416 RAL 3020 |2} 1 M4 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
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06600-10486 & RAL 6032 B 1 M4 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10487 E® RAL 5017 B M4 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10488 s RAL 7035 ER M4 9] 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-1051 2 RAL 7021 B M5 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-1052 & & RAL 2004 R 1 M5 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10516 HE RAL 1021 B M5 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10584 6 RAL 3020 B 1 M5 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10586 & RAL 6032 EZE T M5 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10587 E® RAL 5017 B M5 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10588 K& RAL 7035 EZE T M5 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-1061 26 RAL 7021 B M6 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-1062 & & RAL 2004 E R M6 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10616 #E RAL 1021 ER M6 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10684 I6 RAL 3020 B 1 M6 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10686 & RAL 6032 EZE T M6 9| 10 13 | 145|245 | 4 15 30 | 33,5 | 40 | 47 75 16
06600-10687 & RAL 5017 BR M6 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-10688 & RAL 7035 B M6 9| 10 13 | 145|245 | 4 15 30 | 335 | 40 | 47 75 16
06600-2061 2= RAL 7021 Z/R| 2 [ M6 12| 135 | 18 | 195|285 [6,5| 175 415|455 | 65 | 75 95 20
06600-2062 & & RAL 2004 B|R 2 | M6 12| 135 | 18 | 195|285 |65| 175 415|455 | 65 | 75 95 20
06600-20616 #E RAL 1021 B/R 2 [ M6 12| 135 | 18 | 195|285 [6,5| 175 415|455 | 65 | 75 95 20
06600-20684 416 RAL 3020 ®p 2 | M6 12| 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20686 & RAL 6032 B|R 2 | M6 12| 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20687 ¥ RAL 5017 ®/R| 2 [ M6 12| 135 | 18 | 195|285 [6,5| 175 415|455 | 65 | 75 95 20
06600-20688 & RAL 7035 B|R 2 | M6 12| 135 | 18 | 195|285 |65| 175 415|455 | 65 | 75 95 20
06600-2081 2 RAL 7021 B|R 2 | M8 12/ 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-2082 & RAL 2004 B/R| 2 [ M8 12/ 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20816 #HE RAL 1021 B|R 2 | M8 12/ 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20884 416 RAL 3020 B/R 2 [ M8 12| 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20886 U RAL 6032 BB 2 | M8 12/ 135 | 18 | 195|285 (65| 175 415|455 | 65 | 75 95 20
06600-20887 %E® RAL 5017 B|R 2 | M8 12| 135 | 18 | 195|285 |6,5| 175 415|455 | 65 | 75 95 20
06600-20888 & RAL 7035 B/R| 2 [ M8 12| 135 | 18 | 195|285 [6,5| 175 415|455 | 65 | 75 95 20
06600-3081 2 RAL 7021 BR 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-3082 & & RAL 2004 BRI 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-30816 HE RAL 1021 BR 3| M8 14| 16 | 215 | 23 37 |10 24 535 | 58 | 80 | 915 | 11 22
06600-30884 6 RAL 3020 B|R 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-30886 & RAL 6032 B|R 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-30887 E® RAL 5017 B|R 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-30888 & RAL 7035 B|R 3 | M8 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-3101 E& RAL 7021 BR 3 | M10 14| 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 |915| 11 22
06600-3102 & RAL 2004 R 3 | M10 14| 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-31016 #E RAL 1021 Z/R| 3 | M10 14] 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-31084 I6 RAL 3020 BR 3 | M10 14| 16 | 215 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-31086 & RAL 6032 B/R 3 | M10 14] 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-31087 & RAL 5017 B/R 3 | M10 14| 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 | 915 | 11 22
06600-31088 & RAL 7035 BR 3 | M10 14| 16 | 21,5 | 23 37 |10 | 24 535 | 58 | 80 | 91,5 | 11 22
06600-4101 26 RAL 7021 B/R 4 [ M10 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-4102 & & RAL 2004 BR 4 [ M10 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41016 #HE RAL 1021 BR 4 [ M10 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41084 416 RAL 3020 B/R 4 [ M10 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41086 & RAL 6032 BR 4 [ M10 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41087 ¥ RAL 5017 BR 4 [ M10 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41088 & RAL 7035 BR 4 [ M10 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-4121 2 RAL 7021 BR 4 [M12 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-4122 & RAL 2004 B/R 4 [ M12 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41216 #HE RAL 1021 BR 4 [ M12 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41284 416 RAL 3020 B/R 4 [M12 17| 19 | 255 | 275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41286 & RAL 6032 BR 4 | M12 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41287 %E® RAL 5017 BR 4 [M12 17| 19 | 255|275 | 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-41288 & RAL 7035 B/R 4 [M12 17| 19 | 255 |275| 43 | 10| 26 61 66 | 95 | 109 | 13 24
06600-5121 2 RAL 7021 B|R 5 | M12 23| 23 30 | 325 | 49 | 12| 33 72 77 | 110 | 126 | 15,5 26
06600-5122 & & RAL 2004 Z/R 5 | M12 23] 23 30 | 325 49 | 12| 33 72 77 | 110 | 126 | 155 26
06600-51216 #E RAL 1021 ZR 5 | M12 23| 23 30 | 325 49 | 12| 33 72 77 | 110 | 126 | 15,5 26
06600-51284 6 RAL 3020 B/R 5 | M12 23| 23 30 | 325 | 49 | 12| 33 72 77 |110| 126 | 15,5 26
06600-51286 & RAL 6032 BRI 5 | M12 23] 23 30 325 | 49 | 12| 33 72 77 | 110 | 126 | 155 26
06600-51287 E® RAL 5017 B|R 5 | M12 23| 23 30 | 325 | 49 | 12| 33 72 77 | 110 | 126 | 15,5 26
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06600-51288 & RAL 7035 5 | M12 23| 23 30 | 325 | 49 33 72 77 |110| 126 | 155 26
06600-5161 2 RAL 7021 R 5 | M16 23| 23 30 |325| 49 | 12| 33 72 77 | 110 | 126 | 15,5 26
06600-5162 & RAL 2004 B 5 | M16 23| 23 30 | 325| 49 | 12| 33 72 77 | 110 | 126 | 155 26
06600-51616 #HE RAL 1021 BR 5 | M16 23| 23 30 325 | 49 | 12| 33 72 77 |110| 126 | 155 26
06600-51684 416 RAL 3020 B 5 | M16 23| 23 30 325 | 49 | 12| 33 72 77 | 110 | 126 | 155 26
06600-51686 U RAL 6032 B 5 | M16 23| 23 30 | 325 | 49 | 12| 33 72 77 |110| 126 | 155 26
06600-51687 %E® RAL 5017 B 5 | M16 23| 23 30 325 | 49 | 12| 33 72 77 |110| 126 | 155 26
06600-51688 & RAL 7035 B 5 | M16 23| 23 30 1325 | 49 | 12| 33 72 77 | 110 | 126 | 15,5 26
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