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26182-01407 14 | 13 19 M4 15 | 4 7 2 3 1,7
26182-01809 18 | 16 24 M5 18 | 5 9 4 6 2,3
26182-02010 20 | 19 27 M6 21 6 10 6 7 6
26182-02615 26 | 25 37 M6 28 | 6 15 11,5 15 6
26182-03216 32| 30 | 44 M6 32 | 6 16 23 26 6
26182-03519 35| 33 | 48 M6 36 | 6 19 30 36 6
26182-04019 40 | 34 51 M6 38 | 6 19 34 42 6
26182-04121 41 38 55 M12 41 | 12 21 48 63 50
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26182-04423

26182-04825 48 | 44 | 64 M12 49 | 12| 25 81 91 50
26182-05127 51 | 47 | 69 M12 52 | 12 | 27 92 114 50
26182-05429 54 | 50 | 73 M12 55 |12 | 29 122 158 50
26182-05830 58 | 53 | 78 M12 59 | 12 | 30 149 154 50
26182-06132 61 | 56 | 83 M16 62 | 16 | 32 163 169 120
26182-06434 64 | 60 | 87 M16 66 | 16 | 34 208 254 120
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