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06960-10011 06960-10013 A arHEHK | 90 | 100 115 19,5 104 x73 500
06960-11811 06960-11813 A AfEK [ 90 | 118 133 19,5 122 x 73 500
06960-16711 06960-16713 A A[#EK | 90 | 167 182 19,5 171x73 500
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