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06010-105 A SEIEIR M5 20 14 15 12 8 7
06010-106 A ERIETE M6 24 16 18 14 10 8
06010-108 A ZYIEI4N M8 30 20 24 17 12 10
06010-110 A S{IHI4N M10 36 28 30 20 14 12
06010-112 A EEIETED M12 40 32 34 24 16 14
06010-1052 A NG M5 20 14 15 12 8 7
06010-1062 A G M6 24 16 18 14 10 8
06010-1082 A NG M8 30 20 24 17 12 10
06010-1102 A G M10 36 28 30 20 14 12
06010-1122 A NG M12 40 32 34 24 16 14
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