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24080 S22 F [E B B R

24080-010 10 42 M4 10 34 42 52 27 17 29,5 7,5 M10x1 5
24080-012 12 44 M4 12 36 44 54 27 17 29,5 7,5 M12x1 5
24080-015 15 52 M5 15 40 50 63 32 17 36 8 M15x1 6
24080-020 20 68 M6 20 57 70 85 52 30 50 10 M20x1 10

24080-010 6500 2800 95

24080-012 7000 3100 102
24080-015 7500 3500 114
24080-020 17500 8400 145
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