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29210 BT & T

29210-122 12 22 52 30 22 78 55 M5 23 60
29210-202 20 30 70 40 30 88 5,5 M5 23 80
29210-302 30 40 90 50 40 110 6,5 M6 32 100
29210-402 40 48 108 60 48 120 8,5 M8 32 120

© norelem www.norelem.com



