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10270-1063030 | 6 C 22,5 30 31 6,4 45 30 |7
10270-1084040 | 8 C 30 - 40 31 8,4 60 40 |9
10270-2084080 | 8 D 50 40 40 31 8,4 100 80 |9
10270-1104545 B 10 C 30 - 45 42,5 8,5 60 45 |8
10270-2104590 B 10 D 50 45 45 42,5 8,5 100 90 | 9
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