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06660-904A 06660-0904A K M4 12 22 44 |18 | 45 | 155 | 10
06660-905A 06660-0905A K M5 12 22 44 |18 | 45 | 155 | 10
06660-906A 06660-0906A K M6 12 22 44 |18 | 45 | 155 | 10
06660-105A 06660-0105A K M5 14 | 275 | 51 | 24| 58 | 208 | 10
06660-106A 06660-0106A K M6 14 | 275 | 51 | 24| 58 | 208 | 10
06660-208A 06660-0208A K M8 21 | 375 | 63 | 36 | 85 | 305 | 14
06660-210A 06660-0210A K Mi0 | 21 | 375 | 63 | 36 | 85 | 305 | 14
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