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26106-01-00800855 TEMN g 8 8 M3 6 40 40
26106-01-01001055 TN e 10 10 M4 10 35 35
26106-01-01001555 TN xe 10 15 M4 10 26 40
26106-01-01500855 TN g 15 8 M4 10 187 187
26106-01-01501055 TEN pq=) 15 10 M4 10 100 100
26106-01-02000855 TEM e 20 8 M6 18 250 250
26106-01-02001055 TN e 20 10 M6 18 240 240
26106-01-02001555 TN xe 20 15 M6 18 110 220
26106-01-02002055 TEM g 20 20 M6 18 75 225
26106-01-02500855 TEN pq=) 25 8 M6 18 850 850
26106-01-02501055 M e 25 10 M6 18 400 400
26106-01-02501555 TN e 25 15 M6 18 210 420
26106-01-02502055 TN xe 25 20 M6 18 140 420
26106-01-02502555 TEM 3= 25 25 M6 18 100 350
26106-01-03001555 TEN pq=) 30 15 M8 23 270 540
26106-01-03002055 TEM 7] 30 20 M8 23 238 714
26106-01-03003055 TN e 30 30 M8 23 127 508
26106-01-03004055 BN xe 30 40 M8 23 88 528
26106-01-04001555 TEMN =) 40 15 M8 23 710 1420
26106-01-04002055 TEN pg= 40 20 M8 23 365 1095
26106-01-04003055 TN 7] 40 30 M8 23 205 820
26106-01-05002055 TN e 50 20 M10 28 646 1938
26106-01-05003055 TEHEN xe 50 30 M10 28 354 1416
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