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23380-01-2450 141/185/220 213 6 x M5 3
23380-01-3060 212/240/265 180 7xM5 3
23380-01-3672 325/405/485 175 5x M6 7
23380-01-3872 490/515/560 207 6 x M6 8,5
23380-01-4072 622/631/691 304 6 x M6 12
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23380-01-4480 340/480/525
23380-01-4880 615/720/841 185 7 x M6 8,5
23380-01-5090 635/740/850 181 9 x M6 7
23380-01-55100 595/745/900 146 8 x M6 7
23380-01-62110 1150/1275/1450 195 12 x M6 7
23380-01-68115 905/1060/1450 145 10 x M6 7
23380-01-75138 995/1310/1725 140 7 x M8 15
23380-01-80145 1150/1275/1450 132 7 x M8 15
TS D D1 DW B L L1
23380-01-2450 24 50 19/20/21 25 21 15
23380-01-3060 30 60 24/25/26 27 23 18
23380-01-3672 36 72 28/30/31 29 25 19
23380-01-3872 38 72 29/30/31 31 27 21
23380-01-4072 40 72 30/31/32 31 27 21
23380-01-4480 44 80 32/35/36 30 28 22
23380-01-4880 48 80 36/38/40 33 30 22
23380-01-5090 50 90 38/40/42 34 30 22
23380-01-55100 55 100 42/45/48 35 31 23
23380-01-62110 62 110 48/50/52 36 32 23
23380-01-68115 68 115 50/55/60 37 33 23
23380-01-75138 75 138 55/60/65 39 33 25
23380-01-80145 80 145 60/65/70 39 33 25
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