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07820-62338 F LI 12 12 4,2 3H8 3.2 23 9,5 38
07820-63346 F L 18 18 6,2 5H8 5,3 33 13 46
07820-162338 F W 12 12 4,2 3H8 3.2 23 9,5 38
07820-163346 F TEN 18 18 6,2 5H8 53 33 13 46
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