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10550-05-00110103 ESH A 110 51 19 40 103,1 8
10550-05-10110103 HEDb A 110 51 19 40 103,1 10
10550-05-00211103 KA B 211 51 19 40 103,1 8
10550-05-10211103 ETE=) B 211 51 19 40 103,1 10

10550-05-20110205 ERTRERR C 110,6 47 13,6 | 40 8 2,7 | 200 183 | 5
10550-05-20110291 EATRERY D 110,6 47 136 |40 | 53 2,7 | 286 183 | 5
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