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80850-90-451001003 100 122 | 45 | 64 1005 264 450 200 100 15
80850-90-451001503 100 122 | 45 | 64 1005 364 605 250 150 15
80850-90-451002003 100 122 | 45 | 64 1005 464 765 300 200 15
80850-90-451501003 150 172 | 45 | 64 1005 264 450 200 100 15
80850-90-451501503 150 172 | 45 | 64 1005 364 605 250 150 15
80850-90-451502003 150 172 | 45 | 64 1005 464 765 300 200 15
80850-90-452001003 200 222 | 45 | 64 1005 264 450 200 100 15
80850-90-452001503 200 222 | 45 | 64 1005 364 605 250 150 15
80850-90-452002003 200 222 | 45 | 64 1005 464 765 300 200 15
80850-90-451001003 1,87 80850-91-45100 80850-93-45100 80850-92-45
80850-90-451001503 1,87 80850-91-45100 80850-93-45100 80850-92-45
80850-90-451002003 1,87 80850-91-45100 80850-93-45100 80850-92-45
80850-90-451501003 2,13 80850-91-451150 80850-93-45150 80850-92-45
80850-90-451501503 2,13 80850-91-451150 80850-93-45150 80850-92-45
80850-90-451502003 2,13 80850-91-451150 80850-93-45150 80850-92-45
80850-90-452001003 2,39 80850-91-451200 80850-93-45200 80850-92-45
80850-90-452001503 2,39 80850-91-451200 80850-93-45200 80850-92-45
80850-90-452002003 2,39 80850-91-451200 80850-93-45200 80850-92-45
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