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01854-10040050 400 | 500 | 50 20 | M16 | M12 M16 | 251 | 320 300 | 200 | 200 150 | 55 | 125
01854-10040065 400 | 650 | 50 20 | M16 | M12 M16 | 251 | 320 300 | 200 | 200 150 | 55 | 125
01854-10050060 500 | 600 | 50 20 | M16 | M12 M16 | 301 | 400 200 | - | 250 200 | 75 | 150
01854-10050075 500 | 750 | 50 20 | M16 | M12  M16 | 301 | 400 200 | - | 250 200 | 75 | 150
01854-10063070 630 | 700 | 50 25| M16 | M16  M16 | 351 | 500 400 | - | 315 200 | 100 | 200
01854-10063085 630 | 850 | 50 25| M16 | M16  M16 | 351 | 500 400 | - | 315 200 | 100 | 200
01854-10080080 800 | 800 | 50 25| M16 | M16  M16 | 501 | 640 600 | 400 | 400 300 | 135 | 300
01854-10080100 800 | 1000 | 50 25| M16 | M16 M16 | 501 | 640 600 | 400 | 400 300 | 135 | 300
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