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05750-01-06000 180° 120° 300 6000 1200
05750-01-012000 180° 125° 500 12000 1400
05750-01-014000 195° 130° 500 14000 1850

TS A Al A2 B B1 B3 |B5|C Cit D H L1 M

05750-01-06000 25| 45 | 10 50| 67 10| 5 48] 30 8,3 221 127,2 51,1 M12x100
05750-01-012000 30| 50 | 10 60| 88 12 | 6 58 30 8,3 252 146,2 61,1 M12x100
05750-01-014000 40|63 |12 75| 105 |16 | 8 75| 38 | 10,3 295 185,25 75 M16x150
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