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05891-01-0041 EED M4 12,7 8,7
05891-01-0051 BB M5 12,6 9,7
05891-01-0061 GED M6 14 12
05891-01-0062 Wl M6 15 13,5
05891-01-0081 M M8 22 15,5
05891-01-0101 EED M10 25 19
05891-01-0121 M M12 33 24
05891-01-0161 GED M16 35 27
05891-01-1041 THN M4 12,7 8,7
05891-01-1051 TN M5 12,6 9,7
05891-01-1061 5N M6 14 12
05891-01-1062 W M6 15 13,5
05891-01-1081 EM M8 22 15,5
05891-01-1101 THN M10 25 19
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