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DIN 912
41505-02-05017 50 17 50 25 30 5 M5
41505-02-05027 50 27 80 25 30 5 M5
41505-02-07219 72 19 72 40 44 8 M6
41505-02-07230 72 30 115 40 44 8 M6
41505-02-10025 100 25 100 43 64 10 M8
41505-02-10035 100 35 150 43 64 10 M8
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