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27835-05-4020081520 B i 40 | 20 M8 |5|24| 145 2 40x20x1,5-2
27835-05-4025081520 B ki 40 | 25 M8 5|24 | 145 2 40x25x1,5-2
27835-05-4030081520 B L 40 | 30 M8 5|24 | 145 2 40x30x1,5-2
27835-05-5020081520 B EH 50 | 20 M8 |5|24| 145 2 50x20x1,5-2
27835-05-5025082530 B ki 50 | 25 M8 |5|24| 145 2 50x25x1,5-2
27835-05-5030081015 B i 50 | 30 M8 |5|24| 145 2 50x30x1-1,5
27835-05-5030081520 B EH 50 | 30 M8 |5|24| 145 2 50x30x1,5-2
27835-05-6025081520 B LA 60 | 256 M8 5|24 | 145 2 60x25x1,5-2
27835-05-6030081520 B EH 60 | 30 M8 5|24 | 145 2 60x30x1,5-2
27835-05-6040081520 B i 60 | 40 M8 |5|24| 145 2 60x40x1,5-2
27835-05-4020101520 B T 40120 | M10 (5|24 | 145 2 40x20x1,5-2
27835-05-4025101520 B i 40 1 25| M10 (5|24 | 145 2 40x25x1,5-2
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27835-05-4030101520 B E 5 14,5 2 40x30x1,5-2
27835-05-5020101520 B i35, 50|20 | M10 |5|24 | 145 2 50x20x1,5-2
27835-05-5025102530 B LA 50|25 M10 |5|24| 145 2 50x25x1,5-2
27835-05-5030101015 B i 50 30| M10 (5|24 | 145 2 50x30x1-1,5
27835-05-5030101520 B ik 50 30| M10 |5|24| 145 2 50x30x1,5-2
27835-05-6025101520 B E 60 | 25| M10 (5|24 | 145 2 60x25x1,5-2
27835-05-6030101520 B i35 60|30 | M10 |5|24 | 145 2 60x30x1,5-2
27835-05-6040101520 B i 60 | 40| M10 (5|24 | 145 2 60x40x1,5-2
27835-05-4030121520 B i 40 |30 | M12 |5|24 | 145 2 40x30x1,5-2
27835-05-5030121015 B i 50 30| M12 |5|24| 145 2 50x30x1-1,5
27835-05-5030121520 B T 50|30 | M12 |5|24| 145 2 50x30x1,5-2
27835-05-6030121520 B i 60|30 | M12 |5|24 | 145 2 60x30x1,5-2
27835-05-6040121520 B i 60 | 40| M12 |5|24 | 145 2 60x40x1,5-2
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