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06613-12-1041 2 RAL 7021 1 M4 (6| 10 132|138 | 227 5 |152|318 289|399 |468 | 7,9 |12
06613-12-1051 2 RAL 7021 1 M5 |6| 10 132|138 227 5 | 152|318 289|399 |468 | 79 | 12
06613-12-2051 2= RAL 7021 2 | M5 |8|135 188 | 195|274 55|20,7 | 419 38 |652| 75 | 10,5 |12
06613-12-2061 2 RAL 7021 2| M6 |8|135 188 | 195|274 55|20,7|419 38 |652| 75 | 10,5612
06613-12-2081 = RAL 7021 2| M8 | 9135 188 | 195|274 55|207|419 38 |652| 75 | 1056 |12
06613-12-3081 26 RAL 7021 3 | M8 |12 17 212|222 | 40 10314 |581 533|803 |913 | 11,7 |12
06613-12-3101 2 RAL 7021 3 | M10 (12| 17 212|222 | 40 10| 314|581 533|803 913|117 |12
06613-12-10484 416 RAL 3020 1 M4 | 6| 10 13,2138 227 5 | 152|318 289|399 |468 | 79 | 12
06613-12-10584 4I6 RAL 3020 1 M5 |6| 10 132|138 22,7 5 | 152|318 289|399 |468 | 79 | 12
06613-12-20584 416 RAL 3020 2 | M5 | 8|135 188 | 195|274 55|20,7 419 38 |652| 75 | 10,5 |12
06613-12-20684 416 RAL 3020 2 | M6 |8|135 188 | 195|274 55|20,7 | 419 38 |652| 75 | 10,5 |12
06613-12-20884 416 RAL 3020 2| M8 |9|135 188 | 195|274 55|207|419 38 |652| 75 | 10,56 | 12
06613-12-30884 416 RAL 3020 3 | M8 |12| 17 212222 | 40 10| 314|581 533|803 913|117 |12
06613-12-31084 I8 RAL 3020 3 | M10 |12| 17 212|222 | 40 10314 |581 533|803 |913 | 117 |12
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