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27851-25151502 B - TEW | 52 15 15 26 26 |48 28 |66 | 6 14 9| 625 | 425
27851-30181802 B - TEM | 59 17,5 17,5 | 295 | 295 |48 28 |66 | 6 14 |9 700 | 400
27851-35202002 B - TEM | 71 20 20 35,5 355 |48 28|66 | 6 14 9| 700 | 400
27851-40232302 B - EW | 77 225 | 225 | 385 385 |48 28 |66 | 6 14 |9| 750 | 450
27851-45252502 B - M | 87 25 25 435 | 435 |48 28|66 | 6 14 |9| 750 | 450
27851-50282802 B - TEW | 97 275 | 275 | 485 | 485 |48 28 |66 | 6 14 |9 800 | 425
27851-60333302 B - TEM | 115 | 325 325 | 575 575 |48 28 |66 | 6 14 9| 850 | 175
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