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5881-034144 8 |14 34 05730-01-01000, 05715-10-010001, 05715-10-101000, 05715-10-001000,
05720-01-00800, 05735-01-00800, 05785-05-01000, 05800-01-00700
05881-040154,5 9 |15 40 05837-01-01000, 05837-01-11000
05881-043166 11|16 43 05705-01-00800, 05715-10-101800, 05715-10-001800,
05715-20-1800, 05715-20-0800, 05820-04-02000, 05820-04-12000
05881-05717#% 10|17 57 05730-01-02000, 05715-10-101600, 05715-10-001600, 05700-10-01600, 05735-01-01600
05881-059196 11|19 59 05775-03-12500, 05775-03-02500, 05705-05-02400, 05700-15-02400,
05700-10-02400, 05715-10-102400, 05715-10-002400, 05785-05-02500,
05881-0812416 14 124,581 05775-03-03400, 05715-10-102600, 05715-10-002600, 05725-01-02600,
05790-01-03400, 05785-05-03400, 05805-01-01400, 05836-03-04000
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5881-0832416 1624,583 05730-01-03600, 05715-10-003600, 05705-05-04000, 05725-01-04000,
05700-10-04000, 05715-10-104000, 05715-10-004000, 05740-01-03600,

5881-08627|18 17|27 86 05775-03-05000, 05715-10-040001, 05705-01-03400, 05725-01-04400,
05720-01-03400, 05790-01-05400, 05785-05-05400, 05805-01-02400

5881-09227/9 17,527 92 05775-03-06000, 05725-01-07000, 05700-15-07000, 05715-10-007000,
05705-01-04400, 05720-01-04400, 05785-05-06400, 05805-01-03000,

5881-118341 24|34118 05725-01-08000, 05700-15-08000, 05715-10-008000, 05705-01-05400, 05720-01-05400
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