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10252-10-0830301 30x30 | Bfs | B | 285 |28 | 30 30 10252-05-083030
10252-10-0830302 30x30 | I | B | 285 | 28| 30 30 10252-05-083030
10252-10-0830601 30x60 | & | B 48 | 28| 61 61 10252-05-083060
10252-10-0830602 30x60 | ks | B 48 |28 | 6f 61 10252-05-083060
10252-10-1040401 40x40 | B® | B | 365 |38 | 415 415 10252-05-104040
10252-10-1040402 40x40 | & | B | 365 |38 | 415 415 10252-05-104040
10252-10-1045451 45x45 | B® | B | 445 |42 | 505 505 10252-05-104545
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10252-10 &= B4 , B &

10252-10-1045452 45x45 e B 44,5 50,5 50,5 10252-05-104545
10252-10-1040801 40x80 26 B 64 38 80 80 10252-05-104080
10252-10-1040802 40x80 me B 64 38 80 80 10252-05-104080
10252-10-1045901 45x90 26 B 72 43 90 90 10252-05-104590
10252-10-1045902 45x90 e B 72 43 90 90 10252-05-104590
10252-10-1080801 80x80 26 B 65 74 82,5 82,5 10252-05-108080
10252-10-1080802 80x80 e B 65 74 82,5 82,5 10252-05-108080
10252-10-1090901 90x90 26 B 75 88 94,5 94,5 10252-05-109090
10252-10-1090902 90x90 e B 75 88 94,5 94,5 10252-05-109090
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