03089_C Indexing plungers, stainless steel with stainless steel mushroom grip I

and locking slot
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STAINLESS STEEL

Description

Product description:

Indexing plungers are used where it is necessary to prevent changes of position due
to lateral forces.

Some examples of this are for length, height and position indexing in machines,
equipment, furniture and special vehicle construction.

A new indexed position can be only be moved to after the pin has been manually
retracted. Form C and D are recommended for applications where the indexing pin
should remain disengaged for an extended period and be prevented from springing
back.

The materials used enable diverse applications including those with the highest
demands on corrosion resistance

Material:

Stainless steel A2 version:

Threaded sleeve and mushroom grip 1.4305.
hardened indexing pin 1.4034.
Non-hardened indexing pin 1.4305.

Spring 1.4310.

Stainless steel A4 version:
Threaded sleeve, mushroom grip and indexing pin 1.4404.
Spring 1.4401 or 1.4571.

Version:

Stainless steel A2 version:

threaded sleeve bright.

Mushroom grip bright.

Indexing pin hardened or not hardened, ground and bright.

Stainless steel A4 version:

threaded sleeve bright.

Mushroom grip bright or abrasive blasted.

Indexing pin ground, chemically nickel-plated or bright.

On request:
Special versions.

Accessory:
Spacer rings 03089
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03089_C Indexing plungers, stainless steel with stainless steel mushroom grip
and locking slot
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03089-003903 | C | stainless steel |1.4034 - hardened | 3| M6x0,75 [14({31,5(12 510 3,5 | 8 | 0,8 45 10
03089-003004 | C | stainless steel |1.4034 - hardened (4| M8x1 (1838515613 4 | 10 1 6 12
03089-003105 | C | stainless steel |1.4034 - hardened |5| M10x1 |21{43,517 7|15 5 131 1,3 5 12
03089-003206 | C | stainless steel |1.4034 - hardened |6|M12x1,5|25/51,720 817 6 | 14 | 1,8 6 14
03089-003308 | C | stainless steel |1.4034 - hardened |8|M16x1,5 33| 68 261023 8 | 19 | 2,3 15 35
03089-003410 | C | stainless steel |1.4034 - hardened 10| M20x1,5 |33| 74 |2812]25 10 | 22 | 2,8 15 34
03089-003412 | C | stainless steel |1.4034 - hardened |12| M20x1,5 |33| 78 2814125 12 | 22 | 2,8 15 39
03089-003516 | C | stainless steel |1.4034 - hardened [16) M24x2 |40| 96 |3218]28| 16 | 27 | 3,2 20 46
03089-113903 | C | stainless steel |1.4305 - not hardened |3 | M6x0,75 [14/31,5{12 5[10] 35 | 8 | 0,8 45 10
03089-113004 | C | stainless steel |1.4305 - not hardened |4| M8x1 |18/38,5(15 6|13 4 10 1 6 12
03089-113105 | C | stainless steel |1.4305 - not hardened |5| M10x1 |21(43,5(17 7|15 5 131 1,3 5 12
03089-113206 | C | stainless steel |1.4305 - not hardened |6 | M12x1,5 [25/51,720 817 6 | 14 | 1,8 6 14
03089-113308 | C | stainless steel |1.4305 - not hardened | 8| M16x1,5 |33| 68 |2610[23] 8 | 19 | 23 15 35
03089-113410 | C | stainless steel |1.4305 - not hardened 10| M20x1,5 (33| 74 281225 10 | 22 | 2,8 15 34
03089-113412 | C | stainless steel |1.4305 - not hardened (12| M20x1,5 (33| 78 2814125 12 | 22 | 2,8 15 39
03089-113516 | C | stainless steel |1.4305 - not hardened (16| M24x2 |40| 96 (3218|128 16 | 27 | 3,2 20 46
03089-063903 | C | stainless steel |1.4404 bright nickel-plated |3 | M6x0,75 |14/31,512 510 35 | 8 | 0,8 3 6,5
03089-063004 | C | stainless steel |1.4404 bright nickel-plated |4| M8x1 |18(38,5/15 6 (13| 4 10 1 7 15,5
03089-063105 | C | stainless steel |1.4404 bright nickel-plated |5| M10x1 |21(43,5(177 715 5 131 1,3 4 12,5
03089-063206 | C | stainless steel |1.4404 bright nickel-plated | 6| M12x1,5|25/51,720 817] 6 | 14 | 1,8 7 14,5
03089-063308 | C | stainless steel |1.4404 bright nickel-plated |8 | M16x1,5 |33| 68 2610[23] 8 | 19 | 2,3 15 35
03089-063410 | C | stainless steel |1.4404 bright nickel-plated |10| M20x1,5 |33| 74 281225 10 | 22 | 2,8 15 30
03089-063412 | C | stainless steel |1.4404 bright nickel-plated |12| M20x1,5 |33| 78 281425 12 | 22 | 2,8 15 39
03089-063516 | G | stainless steel |1.4404 bright nickel-plated [16] M24x2 |40| 96 |3218]28| 16 | 27 | 3,2 20 40
03089-173903 | C | stainless steel |1.4404 bright bright 3| M6x0,75 |14/31,512 510 35 | 8 | 0,8 3 6,5

© norelem

www.norelem.com




03089_C Indexing plungers, stainless steel with stainless steel mushroom grip

and locking slot

03089-173004 | C | stainless steel |1.4404 bright bright 4| M8x1 [18/38,5/156(13 4 | 10 | 1 7 15,5
03089-173105 | C | stainless steel |1.4404 bright bright 5| M10x1 |21/435(17 715 5 |13 | 13 4 12,5
03089-173206 | C | stainless steel |1.4404 bright bright 6| M12x1,5|25/51,720 8117] 6 | 14| 1,8 7 14,5
03089-173308 | C | stainless steel |1.4404 bright bright 8| M16x1,5 (33| 68 261023 8 | 19 | 2,3 15 35
03089-173410 | C | stainless steel |1.4404 bright bright 10| M20x1,5 33| 74 281225 10 | 22 | 2,8 15 30
03089-173412 | C | stainless steel |1.4404 bright bright 12| M20x1,5 |33| 78 2814125 12 | 22 | 2,8 15 39
03089-173516 | C | stainless steel |1.4404 bright bright 16) M24x2 |40| 96 |3218]28| 16 | 27 | 3,2 20 40
03089-0639031 | C | stainless steel |1.4404 blasted nickel-plated |3 | M6x0,75 |14(31,5(12 5{10 3,5 | 8 | 0,8 3 6,5
03089-0630041 | C | stainless steel |1.4404 blasted nickel-plated [4| M8x1 |[18/38,5156(13 4 |10 | 1 7 15,5
03089-0631051 | C | stainless steel |1.4404 blasted nickel-plated |5| M10x1 |21(43,5(17 715 5 131 1,3 4 12,5
03089-0632061 | C | stainless steel |1.4404 blasted nickel-plated |6| M12x1,5|25(51,7|120 8 17| 6 14 1 1,8 7 14,5
03089-0633081 | C | stainless steel |1.4404 blasted nickel-plated |8 | M16x1,5 |33| 68 2610[23] 8 | 19 | 2,3 15 35
03089-0634101 | C | stainless steel |1.4404 blasted nickel-plated [10] M20x1,5 |33| 74 |2812]25 10 | 22 | 2,8 15 30
03089-0634121 | C | stainless steel |1.4404 blasted nickel-plated 12| M20x1,5 |33| 78 2814[25| 12 | 22 | 2,8 15 39
03089-0635161 | C | stainless steel |1.4404 blasted nickel-plated [16] M24x2 |40| 96 |3218]28| 16 | 27 | 3,2 20 40
03089-1739031 | C | stainless steel |1.4404 blasted bright 3| M6x0,75 (14(31,5(12 510 3,5 | 8 | 0,8 3 6,5
03089-1730041 | C | stainless steel |1.4404 blasted bright 4| M8x1 [18/38,5/156(13 4 | 10 | 1 7 15,5
03089-1731051 | C | stainless steel |1.4404 blasted bright 5| M10x1 [21|43,517 715 5 131 1,3 4 12,5
03089-1732061 | C | stainless steel |1.4404 blasted bright 6| M12x1,5(25/51,7)20 8(17| 6 | 14 | 1,8 7 14,5
03089-1733081 | C | stainless steel |1.4404 blasted bright 8| M16x1,5 (33| 68 261023 8 | 19 | 2,3 15 35
03089-1734101 | C | stainless steel |1.4404 blasted bright 10 M20x1,5 |33| 74 281225 10 | 22 | 2,8 15 30
03089-1734121 | C | stainless steel |1.4404 blasted bright 12| M20x1,5 |33| 78 2814125 12 | 22 | 2,8 15 39
03089-1735161 | C | stainless steel |1.4404 blasted bright 16| M24x2 (40| 96 3218[28] 16 | 27 | 3,2 20 40
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