06449 inch Clamping levers, flat, internal thread, steel parts stainless steel, inch

Description

Material:
Handle die-cast zinc DIN EN 12844.
Steel parts stainless steel 1.4305.

Version:
Handle powder-coated.
Stainless steel parts bright.

Note:
Standard colours are:
orange RAL 2004.

lift to On request:
: Other threads, colours and special versions.
dlsengage Dimension “H1” available in other lengths at extra charge.
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06449 inch Clamping levers, flat, internal thread, steel parts stainless steel, inch

Order No. [\ Surface finish Size
colour

06449-2A22 orange RAL 2004 plastic-coated 2 1/4-20 |12 13,5 18,5|19,1|28,5|6,5|17,8| 29,2 | 32,2 |65| 74,5 | 10,1 20
06449-2A32 orange RAL 2004 plastic-coated 2 | 516-18 (12 135 185 19,1 |28,5|6,5|17,8 | 29,2 | 32,2 [65| 74,5 | 10,1 20
06449-3A32 orange RAL 2004 plastic-coated 3 | 516-18 (14 16 212 | 22 | 37 |10|23,8| 38 | 42 80| 91 | 11,7 22
06449-3A42 orange RAL 2004 plastic-coated 3 3/8-16 |14 16 212 | 22 | 37 |10/23,8| 38 | 42 80| 91 | 11,7 22
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