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Item description/product images

Description

Material:
Support pin low carbon steel 1.7139.

Version:
case-hardened.

Note:
Steel support pins are components in tool and die making that ensure the stable
support, precise alignment and high stability of tools and dies.

Drawings

Overview of items

Order No. D D1 D2 L L1

02389-90-032046 32 M8 6 46 15
02389-90-032056 32 M8 6 56 15
02389-90-032066 32 M8 6 66 15
02389-90-032076 32 M8 6 76 15
02389-90-032086 32 M8 6 86 15
02389-90-032096 32 M8 6 96 15
02389-90-032116 32 M8 6 116 15
02389-90-032136 32 M8 6 136 15
02389-90-040046 40 M10 8 46 20
02389-90-040056 40 M10 8 56 20
02389-90-040066 40 M10 8 66 20
02389-90-040076 40 M10 8 76 20
02389-90-040086 40 M10 8 86 20
02389-90-040096 40 M10 8 96 20
02389-90-040116 40 M10 8 116 20
02389-90-040136 40 M10 8 136 20
02389-90-050046 50 M10 8 46 20
02389-90-050056 50 M10 8 56 20
02389-90-050066 50 M10 8 66 20
02389-90-050076 50 M10 8 76 20
02389-90-050086 50 M10 8 86 20
02389-90-050096 50 M10 8 96 20
02389-90-050116 50 M10 8 116 20
02389-90-050136 50 M10 8 136 20
02389-90-060056 60 M10 8 56 20
02389-90-060066 60 M10 8 66 20
02389-90-060076 60 M10 8 76 20
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Overview of items

Order No. D D1 D2 L L1

02389-90-060086 60 M10 8 86 20
02389-90-060096 60 M10 8 96 20
02389-90-060116 60 M10 8 116 20
02389-90-060136 60 M10 8 136 20
02389-90-060156 60 M10 8 156 20
02389-90-060176 60 M10 8 176 20
02389-90-063056 63 M10 8 56 20
02389-90-063066 63 M10 8 66 20
02389-90-063076 63 M10 8 76 20
02389-90-063086 63 M10 8 86 20
02389-90-063096 63 M10 8 96 20
02389-90-063116 63 M10 8 116 20
02389-90-063136 63 M10 8 136 20
02389-90-063156 63 M10 8 156 20
02389-90-070066 70 M12 10 66 25
02389-90-070076 70 M12 10 76 25
02389-90-070086 70 M12 10 86 25
02389-90-070096 70 M12 10 96 25
02389-90-070116 70 M12 10 116 25
02389-90-070136 70 M12 10 136 25
02389-90-070156 70 M12 10 156 25
02389-90-070176 70 M12 10 176 25
02389-90-080066 80 M12 10 66 25
02389-90-080076 80 M12 10 76 25
02389-90-080086 80 M12 10 86 25
02389-90-080096 80 M12 10 96 25
02389-90-080116 80 M12 10 116 25
02389-90-080136 80 M12 10 136 25
02389-90-080156 80 M12 10 156 25
02389-90-080176 80 M12 10 176 25
02389-90-100096 100 M12 10 96 25
02389-90-100116 100 M12 10 116 25
02389-90-100136 100 M12 10 136 25
02389-90-100156 100 M12 10 156 25
02389-90-100176 100 M12 10 176 25
02389-90-100196 100 M12 10 196 25
02389-90-100236 100 M12 10 236 25


