27860-01 Hinges, stainless steel with preset friction

‘Rost | Description
frei
sravasos sresy Material:
Stainless steel 1.4310.
| ﬁ Version:
T : Bright
T‘ i Note:
2 Due to the constant and stable torque, the hinges permit door positioning in any
g J angular orientation without the need for additional aids.

Opening angle 270°.

Accessory:
Hinges, stainless steel 27877-02
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27860-01 Hinges, stainless steel with preset friction
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27860-01 Hinges, stainless steel with preset friction

Order No. Max.
torque
Nm
27860-01-55853 A 2
27860-01-55855 A 55 38 85 48 6,3 16 2 5
27860-01-65858 A 65 50 85 48 6,3 18 3 8
27860-01-551154 B 55 38 115 45 6,3 12 2 4,5
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