07170-15 Hexagon head screws, stainless steel in Hygienic DESIGN
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STAINLESS STEEL

Description

Material:
Stainless steel 1.4404

Version:
Polished.

Note:

The surface of the hexagon head bolt is polished and, with regard to design
optimised for the use in hygienic environments.

The bolt head is convex on the top face and the collar has a conical formed top
surface.

Instead of troublesome embossing or indentations, the bolt head is smooth with a
surface finish of Ra 0.8 ym.

Dirt and residue from products or cleaners seldom adheres and easy cleaning is
ensured.
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07170-15-03X06 stainless steel A4 M3 7 3 38 6 55
07170-15-03X08 stainless steel A4 M3 7 3 3,8 8 55
07170-15-03X10 stainless steel A4 M3 7 3 38 10 55
07170-15-03X12 stainless steel A4 M3 7 3 3,8 12 55
07170-15-03X16 stainless steel A4 M3 7 3 3,8 16 55
07170-15-03X20 stainless steel A4 M3 7 3 38 20 55
07170-15-03X25 stainless steel A4 M3 7 3 3,8 25 55
07170-15-03X30 stainless steel A4 M3 7 3 38 30 55
07170-15-04X08 stainless steel A4 M4 9,2 3 4 8 7
07170-15-04X10 stainless steel A4 M4 9,2 3 4 10 7
07170-15-04X12 stainless steel A4 M4 9,2 3 4 12 7
07170-15-04X16 stainless steel A4 M4 9,2 3 4 16 7
07170-15-04X20 stainless steel A4 M4 9,2 3 4 20 7
07170-15-04X25 stainless steel A4 M4 9,2 3 4 25 7
07170-15-04X30 stainless steel A4 M4 9,2 3 4 30 7
07170-15-04X35 stainless steel A4 M4 9,2 3 4 35 7
07170-15-04X40 stainless steel A4 M4 9,2 3 4 40 7
07170-15-05X10 stainless steel A4 M5 10,5 3,7 47 10 8
07170-15-05X12 stainless steel A4 M5 10,5 3,7 4,7 12 8
07170-15-05X16 stainless steel A4 M5 10,5 3,7 4,7 16 8
07170-15-05X20 stainless steel A4 M5 10,5 3,7 47 20 8
07170-15-05X25 stainless steel A4 M5 10,5 3,7 47 25 8
07170-15-05X30 stainless steel A4 M5 10,5 3,7 47 30 8
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07170-15-05X35 stainless steel A4 M5 10,5 3,7 47 35 8
07170-15-05X40 stainless steel A4 M5 10,5 37 47 40 8
07170-15-05X45 stainless steel A4 M5 10,5 3,7 4,7 45 8
07170-15-05X50 stainless steel A4 M5 10,5 37 47 50 8
07170-15-06X12 stainless steel A4 M6 13 4 5 12 10
07170-15-06X16 stainless steel A4 M6 13 4 5 16 10
07170-15-06X20 stainless steel A4 M6 13 4 5 20 10
07170-15-06X25 stainless steel A4 M6 13 4 5 25 10
07170-15-06X30 stainless steel A4 M6 13 4 5 30 10
07170-15-06X35 stainless steel A4 M6 13 4 5 35 10
07170-15-06X40 stainless steel A4 M6 13 4 5 40 10
07170-15-06X45 stainless steel A4 M6 13 4 5 45 10
07170-15-06X50 stainless steel A4 M6 13 4 5 50 10
07170-15-06X60 stainless steel A4 M6 13 4 5 60 10
07170-15-08X16 stainless steel A4 M8 16,8 55 6,5 16 13
07170-15-08X20 stainless steel A4 M8 16,8 55 6,5 20 13
07170-15-08X25 stainless steel A4 M8 16,8 55 6,5 25 13
07170-15-08X30 stainless steel A4 M8 16,8 55 6,5 30 13
07170-15-08X35 stainless steel A4 M8 16,8 55 6,5 35 13
07170-15-08X40 stainless steel A4 M8 16,8 55 6,5 40 13
07170-15-08X45 stainless steel A4 M8 16,8 55 6,5 45 13
07170-15-08X50 stainless steel A4 M8 16,8 55 6,5 50 13
07170-15-08X60 stainless steel A4 M8 16,8 55 6,5 60 13
07170-15-10X20 stainless steel A4 M10 20,6 7,3 8,3 20 16
07170-15-10X25 stainless steel A4 M10 20,6 7,3 8,3 25 16
07170-15-10X30 stainless steel A4 M10 20,6 73 8,3 30 16
07170-15-10X35 stainless steel A4 M10 20,6 7,3 8,3 35 16
07170-15-10X40 stainless steel A4 M10 20,6 73 8,3 40 16
07170-15-10X45 stainless steel A4 M10 20,6 7,3 8,3 45 16
07170-15-10X50 stainless steel A4 M10 20,6 73 8,3 50 16
07170-15-10X60 stainless steel A4 M10 20,6 73 8,3 60 16
07170-15-12X25 stainless steel A4 M12 23,8 8,6 10 25 18
07170-15-12X30 stainless steel A4 M12 23,8 8,6 10 30 18
07170-15-12X35 stainless steel A4 M12 23,8 8,6 10 35 18
07170-15-12X40 stainless steel A4 M12 23,8 8,6 10 40 18
07170-15-12X45 stainless steel A4 M12 23,8 8,6 10 45 18
07170-15-12X50 stainless steel A4 M12 23,8 8,6 10 50 18
07170-15-12X60 stainless steel A4 M12 23,8 8,6 10 60 18
07170-15-16X30 stainless steel A4 M16 29,7 11 12,5 30 24
07170-15-16X35 stainless steel A4 M16 29,7 111 12,5 35 24
07170-15-16X40 stainless steel A4 M16 29,7 11 12,5 40 24
07170-15-16X45 stainless steel A4 M16 29,7 1,1 12,5 45 24
07170-15-16X50 stainless steel A4 M16 29,7 11 12,5 50 24
07170-15-16X60 stainless steel A4 M16 29,7 1,1 12,5 60 24
07170-15-20X40 stainless steel A4 M20 36 15 16,3 40 30
07170-15-20X45 stainless steel A4 M20 36 15 16,3 45 30
07170-15-20X50 stainless steel A4 M20 36 15 16,3 50 30
07170-15-20X60 stainless steel A4 M20 36 15 16,3 60 30
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