05904 Toggle clamps horizontal with straight foot and adjustable clamping I

spindle

Description

Material:
Steel.
Grip polyamide.

Version:
Carbonitrided and black oxidised.

Note:

Maintenance-free high quality link bushings. Sustainable constant use of force
during opening and closing. Optimum stability through the conical, U-profile
clamping arm.

Accessory:

05280 Protective caps

07110 Ball-end thrust screws

07117 Grippers, adjustable

07120 Grub screws with thrust point DIN 6332
07121 Grub screws with ball thrust point
07140 Thrust pads DIN 6311

07142 Thrust pads

D
3 f |
B6 I
ah S
g pviry 2 E\I) g %}
A3
A2 A2
A A
B1 @
~L1 Al B
D
3 H 3
| Q
SN IS
A3
A2

A
05904-005002 2 86° 67° 100 650 900 550 620
05904-006002 3 86° 67° 160 1350 1900 720 1200
05904-008002 3 86° 67° 200 2000 2800 830 1400
05904-010002 3 90° 71° 250 2200 4500 1200 2800
05904-012002 4 88° 68° 280 2400 5500 1000 2800
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05904 Toggle clamps horizontal with straight foot and adjustable clamping I

spindle

Order No.

05904-005002 M5x25 18 |27 13,5 81 41132 | 92 | 225 | 262 | 52 52,2 47,9 125,7 41,8
05904-006002 M6x35 26 (39|65 - |25 141 91175 | 125 | 435 | 369 8 |55]| 752 n 186,6 60,5
05904-008002 M8x45 26 |44 9 - 135 141 91| 2 16 | 415 | 465 | 105 |62 | 882 84,3 2231 74,9
05904-010002 M10x55 415 |59 | 9 - 2 162 92| 26 19 47 | 596 | 10 |88| 1143 | 1075 | 2794 | 1039
05904-012002 M12x70 44 |1 65|11 | 40 1 162 92| 28 21 47 | 759 | 13,5 |85 | 128,44 | 1252 | 3147 122
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