06450-05_HV Clamping levers, zinc with internal thread, steel parts trivalent blue I

passivated, high-gloss chromed

Description

Material:
Handle die-cast zinc DIN EN 12844.
Steel parts grade 5.8.

Version:
Handle high-gloss chromed.
Steel parts trivalent blue-passivated.

iy E 4 On request:
Other threads, colours and special versions.
lift to Dimension “H1” available in other lengths at extra charge.
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06450-05_HV Clamping levers, zinc with internal thread, steel parts trivalent blue

passivated, high-gloss chromed

06450-05-9036 silver high-gloss chromed 9 M3 |6 8 11 |115]214) 4 119 | 24 27 | 22 | 27,7 164 12
06450-05-9046 silver high-gloss chromed 9 M4 (6| 8 1M (15214 4 |119 ] 24 | 27 | 22 | 27,7 |64 12
06450-05-9056 silver high-gloss chromed 9 M5 6| 8 "M (15214 | 4 |119| 24 | 27 | 22 | 27,7 | 6,4 12
06450-05-0036 silver high-gloss chromed 0 M3 9] 10 13 14 | 245| 4 |145| 30 | 33 |30 | 37 |7 16
06450-05-0046 silver high-gloss chromed 0 M4 |9 10 13 14 | 245 | 4 |145| 30 | 33 |30 | 37 | 7 16
06450-05-0056 silver high-gloss chromed 0 M5 |9 10 13 14 | 245 | 4 |145| 30 | 33 |30 | 37 | 7 16
06450-05-1046 silver high-gloss chromed 1 M4 |9 10 13 14 | 245 | 4 | 145 ] 31 34 |40 | 47 | 7 16
06450-05-1056 silver high-gloss chromed 1 M5 |9 10 13 14 | 245 | 4 | 145 | 31 34 |40 | 47 | 7 16
06450-05-1066 silver high-gloss chromed 1 M6 | 9] 10 13 14 | 245 | 4 145 | 31 34 |40 | 47 | 7 16
06450-05-2066 silver high-gloss chromed 2 M6 |12 135 185 | 19 | 285 |6,56| 175|425 | 455 | 65 | 74,5 |95 20
06450-05-2086 silver high-gloss chromed 2 M8 |12 135 185 | 19 | 285 |6,5| 175|425 | 455 | 65 | 74,5 | 9,5 20
06450-05-3086 silver high-gloss chromed 3 M8 (14| 16 21 22 | 37 |10 | 24 | 545|585 |80 | 91 | 11 22
06450-05-3106 silver high-gloss chromed 3 | M10 |[14] 16 21 22 | 37 |10 | 24 | 545|585 |80 | 91 | 11 22
06450-05-4106 silver high-gloss chromed 4 | M10 (17| 19 27 | 275| 43 |10| 27 | 63 | 675 | 95 | 109 | 13 24
06450-05-4126 silver high-gloss chromed 4 | M12 (17| 19 27 | 275| 43 |10| 27 | 63 | 675 | 95| 109 | 13 24
06450-05-5126 silver high-gloss chromed 5 | M12 23] 23 31 32 | 49 (12315 73 | 775|110 | 126 | 15 26
06450-05-5166 silver high-gloss chromed 5 | M16 |23| 23 31 32 | 49 |12 315 | 73 | 775 |110| 126 | 15 26

© norelem

www.norelem.com




