97940 _E Grease nipples conical head DIN 71412, Form E, 90°, square

Description

Material:
Steel.

Version:
Steel hardened to min. 550 HV 1 and electro zinc-plated.

Note:

The conical head grease nipples have a tapered thread. They are suitable for grease
points which must be lubricated often and reliably. Their versatility makes them the
most widespread type of grease nipple.
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Order No. Form definition Main
material
97940-1506100 E angled 90° with square steel 14 Mé6X1 18 55 9
97940-1508100 E angled 90° with square steel 14 M8X1 18 5,5 9
97940-1508125 E angled 90° with square steel 14 M8X1,25 18 55 9
97940-1510100 E angled 90° with square steel 15 M10X1 18 55 11
97940-1518 E angled 90° with square steel 15 R1/8 18 55 11
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